
Device

DTA100 DTA101 DTA200 DTA201 DTA300 DTA301

Picture

Dimension

24 x 42 x 71 24 x 42 x 71 40 x 40 x 66 40 x 40 x 66 65 x 112 x 40 65 x 112 x 40 

E80301 M5 x 16.5 20/10 20 - - - -

E80302 33 x 17 x 18 20/10 20 - - - -

E80303 40 x 31 x 5 15..40 15..40 55 55 80 80

E80311 M18 x 17.5 5..20 5..20 25 25 40 40

E80312 Ø 12 x 2 5..20 5..20 25 25 40 40

E80317 Ø 20 x 2.2 10..28 10..28 35 35 50 50

E80318 Ø 30 x 2.2 15..40 15..40 55 55 80 80

E80319 Ø 50 x 2.2 20..60 20..60 65 65 110 110

E80320 86 x 54 x 1 18..60 18..60 60 60 90 90

E80322 Ø 26 x 4 15..40 15..40 55 55 80 80

E80334 86 x 54 x 1 18..60 18..60 60 60 90 90

READING AND WRITING RANGES DTAs LF (ON AIR)

1- = combination not recommended

/ = read  / write distance

.. = distance from to
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