
E70230

Screw terminals
Screw terminals /  6 pcs.
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Electrical data
Max. load current [A]  20;  (2,5 mm²)

Operating conditions
Ambient temperature [°C]  -30...100

Mechanical data
Weight [g]  41.7

Materials  current carrying parts: copper alloy tin-plated; PA

Tightening torque [Nm]  0.5

Remarks
Pack quantity  6 pcs.

Electrical connection

0.2...2.5 mm²; Abisolierlänge: 7 mm


