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Application
Application  Parameter setting software for vibration diagnostic electronics

Software / programming
Operating system  Windows 7 SP1 / 8 / 8.1 / 10; Windows Server 2008 R2 SP1; Windows

Server 2012 / R2; Windows Server 2016; Windows Server 2019

System requirements
Min. number of CPU cores  2

Min. RAM  2 GB

Min. graphic resolution  1024 x 768

Required device interface  LAN Adapter - RJ45

Additionally required software  Windows 10

required for Windows versions older than Windows 10: Visual C++ Redistributable Package

Mechanical data
Weight [g]  22.5

Remarks
Pack quantity  1 pcs.


