
W91006

Splitter box
ZDO8H049MSS0000-12

ifm electronic gmbh • Friedrichstraße 1 • 45128 Essen — We reserve the right to make technical alterations without prior notice. — EN-GB — W91006-00 — 21.10.2005 —

Electrical data
Operating voltage [V]  10...30 DC

Max. current load per
module/slot

[A]  
4

Max. current load total [A]  12

Operating conditions
Ambient temperature [°C]  -25...90

Protection  IP 68

Mechanical data
Weight [g]  290.299

Materials  PBT

Moulded-body material  PBT

Number of ports splitter box  8

Remarks
Pack quantity  1 pcs.
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Electrical connection - Connection

Connector: 1 x M23; Moulded body: PBT

Connection

Electrical connection - slot

Connector: 8 x M12; coding: A; Moulded body: PBT


